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Ventilation element set

BEL Air M40

BEL Air M40

Ventilation element set

Productnumber: 26344001
Dimensions: 150 x 220 x 10 mm

BEL Air ventilation element set, for preventing
condensation build-up in enclosure, for vertical
installation in enclosure walls and GFL combi
flanges with corresponding knock-outs, at least two
ventilation elements are required per enclosure

M40, set = 2 pcs., air exchange rate: 301/ day /
set
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Technical Data

electrical characteristics
Type of protection:

UL Type Rating:

Colours

Accessory colour:

Dimensions
Width:
Length:

Height:

Material characteristics

UV-resistant:

Flammability class according with UL94:

Glow-wire flammability according to EN
60695-2-11:

Industry quality:

mechanical properties

Air through-put:

Ambient conditions
Min. ambient temperature:
Max. ambient temperature:
24h ambient temperature:

Installation location:

Material

Accessory material:

IP65

3R

yellow-green

150 mm
220 mm

10 mm

yes
V2

960 °C

no

30 I/d

-40 °C
80 °C

60 °C

protected outdoor areas

Polycarbonate
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Certificates

Test mark:

UL (UL 50 &amp; CSA 22.2 No.
94.1-07, UL 50E &amp; CSA C22.2

No. 94.2-07)
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